
Anderson Greenwood Whessoe 4130A pressure relief vAlves

Weight or spring loaded pressure relief valves with a wide variety of material and sizing options 
that vent to atmosphere

FeAtures

• Weight or spring loaded models available.
• Choice of body materials. 
• Stainless steel removable seats.
• Low ambient temperature version available.
• Full flange.
• ANSI and DIN flanges.
• Self draining body.

technicAl dAtA

Materials: Aluminum, carbon steel, 
stainless steel

Sizes: 2" to 12" (DN 50 to 300)
pressure settings
Weight loaded: 2.5 to 60 mbarg
Spring loaded: 60 to 3500 mbarg

GenerAl ApplicAtion

The 4130A is designed to satisfy the 
requirements of the liquid storage industry 
in storage tank farms, in the petroleum and 
chemical sectors, in refineries and terminals.

emerson.com/Finalcontrol © 2017 Emerson. All Rights Reserved. Vctds-02304-en 18/01



2

C

B

A

A 50 76 101 152 203 254 305
B 307 339 372 443 552 627 650
C 202 253 303 392 555 620 682
D 478 510 542 620 675 797 832

Anderson Greenwood Whessoe 4130A pressure relief vAlves
dimensions and weights

dimensions
nominal size dn 50 75 100 150 200 250 300
nominal size  nps 2 3 4 6 8 10 12

4130A weiGht loAded Vent to Atmosphere (kg)
2” 3” 4” 6” 8” 10” 12”

Aluminum 3 5 7 12 18 27 36
Steel/St.St. 6 11 17 29 43 67 88

4130A pressure relief vAlve 
Weight loaded

pArts list
item description Alum spec. c.steel ss spec
1 Valve body Aluminum WCB 316 SS
2 Removable seat Aluminum 316 SS 316 SS
3 o-ring seal Nitrile Nitrile Nitrile
4 Weatherhood Aluminum C Steel 316 SS
5 handlenuts Phenolic Phenolic Phenolic
6 Screen ring Aluminum C Steel 316 SS
7 Screen Galv st Galv st 18/8 SS
8 pallet 316 SS 316 SS 316 SS
9 pallet stem 316 SS 316 SS 316 SS
10 pallet guide posts 316 SS 316 SS 316 SS
11 Spacer disc Non-asbestos Non-asbestos Non-asbestos
12 Diaphragm back.disc Non-asbestos Non-asbestos Non-asbestos
13 Diaphragm pTfe pTfe pTfe
14 Diaphragm supp.disc 316 SS 316 SS 316 SS

M./D. type seating
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Anderson Greenwood Whessoe 4130A pressure relief vAlves

4130A sprinG loAded Vent to Atmosphere (kg)
2” 3” 4” 6” 8” 10” 12”

Aluminum 5 7 11 16 24 tba tba
Steel/St.St. 13 19 29 42 188 - -

4130A pressure relief vAlve 
spring loaded

pArts list
item description Alum spec. c.steel ss spec
1 Valve body Aluminum WCB 316 SS
2 Removable seat Aluminum 316 SS 316 SS
3 o-ring seal Nitrile Nitrile Nitrile
4 Weatherhood Aluminum C Steel 316 SS
5 Spring bonnet Aluminum WCB 316 SS
6 Bonnet cap Aluminum WCB 316 SS
7 Adjustment screw 316 SS 316 SS 316 SS
8 Locknut 18/8 SS 18/8 SS 18/8 SS
9 spring washers 316 SS 316 SS 316 SS
10 spring 316 SS 316 SS 316 SS
11 Cap screw Zp steel Zp steel 18/8 SS
12 pallet 316 SS 316 SS 316 SS
13 pallet stem 316 SS 316 SS 316 SS
14 pallet guide posts 316 SS 316 SS 316 SS
15 Spacer disc Non-asbestos Non-asbestos Non-asbestos
16 Diaphragm back.disc Non-asbestos Non-asbestos Non-asbestos
17 Diaphragm pTfe pTfe pTfe
18 Diaphragm supp.disc 316 SS 316 SS 316 SS
19 Screen Galv st Galv st 18/8 SS

M./D. type seating
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Neither Emerson, Emerson Automation Solutions, nor any of their affiliated entities assumes responsibility for the selection, use or maintenance of any product. 
Responsibility for proper selection, use, and maintenance of any product remains solely with the purchaser and end user.

Anderson Greenwood is a mark owned by one of the companies in the Emerson Automation Solutions business unit of Emerson Electric Co. Emerson Automation 
Solutions, Emerson and the Emerson logo are trademarks and service marks of Emerson Electric Co. All other marks are the property of their respective owners.

The contents of this publication are presented for informational purposes only, and while every effort has been made to ensure their accuracy, they are not to be 
construed as warranties or guarantees, express or implied, regarding the products or services described herein or their use or applicability. All sales are governed by 
our terms and conditions, which are available upon request. We reserve the right to modify or improve the designs or specifications of such products at any time without 
notice.
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4130A weiGht loAded Vent to Atmosphere Flow FiGures
set 
pressure
mbar

2” 3” 4” 6” 8” 10” 12”
over pressure over pressure over pressure over pressure over pressure over pressure over pressure

20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50%

flow in m3/hr

4130A sprinG loAded Vent to Atmosphere pressure Flow FiGures
set 
pressure
mbar

2” 3” 4” 6” 8” 10” 12”
over pressure over pressure over pressure over pressure over pressure over pressure over pressure

20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50% 20% 35% 50%

flow in m3/hr

Anderson Greenwood Whessoe 4130A pressure relief vAlve


