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UPDATE WITH UNIVERSAL MOUNTING PAGE.
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TYPE I DRAWING
   ROSEMOUNT 3144P TRANSMITTER 

1;1D

1. 1.00 IN. [25.4] CLEARANCE REQUIRED TO REMOVE COVERS.
 
 
NOTES:

ROSEMOUNT 3144P TEMPERATURE TRANSMITTER

SHOWN WITH OPTIONAL DIGITAL DISPLAY

JIS G 1/2
CONDUIT ADAPTER

SHOWN WITH OPTIONAL JIS G 1/2 CONDUIT ADAPTER

NOT INSTALLED

M20 X 1.5
OR

PG 13.5
CONDUIT ADAPTER

SHOWN WITH OPTIONAL M20 X 1.5 OR PG 13.5 CONDUIT ADAPTER

NOT INSTALLED

1/2-14 NPT
CONDUIT CONNECTION

(2 PLACES)

3/8-16 UN-2B

DIGITAL DISPLAY
COVER

EXTERNAL GROUND SCREW
(OPTION CODE DEPENDENT)

EXPLOSION/FLAME 
PROOF CLAMP
(OPTION CODE DEPENDENT)

TRANSMITTER ELECTRONICS
(THIS SIDE)

FIELD TERMINALS
(THIS SIDE)

CERTIFICATION
LABEL

NAMEPLATE LABEL

3144P
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ROSEMOUNT 3144P TEMPERATURE TRANSMITTER
MOUNTING CONFIGURATIONS WITH OPTIONAL MOUNTING BRACKET

PIPE MOUNTING

2 INCH U-BOLT
FOR PIPE MOUNTING

3/8-16 BOLT
FOR TRANSMITTER MOUNTING

3/8-16 BOLT
FOR TRANSMITTER MOUNTING

2 INCH U-BOLT
FOR PIPE MOUNTING
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3. PLEASE REFER TO DRAWING NUMBER 00085-7000 FOR MORE INFORMATION IN REGARDS TO
   DIMENSIONS D,L,T, F AND W ON THE 0085 SENSOR ASSEMBLY.
2. 0085 SENSOR ASSEMBLY IS REQUIRED WITH OPTION CODE PT.
 
 
NOTES:

ROSEMOUNT 3144P TEMPERATURE TRANSMITTER
MOUNTING CONFIGURATIONS WITH OPTION CODE PT
ASSEMBLED TO 0085 SENSOR WITH PIPE CLAMP STYLE (P, B, C, S)

CLAMP & FASTENER
MATERIALS OF CONSTRUCTION 316SST,

CARBON STEEL, 304SST, OR DUPLEX

D

3144P

0085
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ROSEMOUNT 3144P TEMPERATURE TRANSMITTER
UNIVERSAL MOUNTING CONFIGURATIONS WITH OPTION CODE (PT)
ASSEMBLED TO 0085 SENSOR WITH PIPE CLAMP STYLE (U)

 PIPE SIZE
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