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ADD THE BLOWBACK PANEL AND UPDATE DIMS.
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OCX88-700010/18/18J. SUMSTED

10/18/18J. ARMSTRONG

TYPE I DRAWING
ROSEMOUNT OCX8800 

NTSD

  Probe Length      Dim A 
 Insertion Depth

  18 in. [457mm] 17.75 in. [451mm]

  3 ft. [.91m] 35.75 in. [908 mm]

  6 ft. [1.83m] 71.75 in. [1822.4 mm]

  9 ft. [2.74m] 107.7 in. [2735.5 mm]

ROSEMOUNT MODEL OCX8000 OXYGEN/COMBUSTIBLE TRANSMITTER

SENSOR HOUSING

ALL GAS FITTINGS ARE 1/4" TUBE FITTINGS

EXTRACTIVE 1/4 NPT TUBE
O.D.=.54

EXHAUST TUBE 1/4 NPT
O.D.=.54

IN-SITU FILTER OPTION
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http://www2.emersonprocess.com/en-US/brands/rosemount/Documentation-and-Drawings/Product-Data-Sheets/Pages/index.aspx
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ROSEMOUNT MODEL OCX8000 OXYGEN/COMBUSTIBLE TRANSMITTER

ELECTRONIC HOUSING

ALL GAS FITTINGS ARE 1/4" TUBE FITTINGS

MOUNTING BRACKET FOR 
REMOTE MOUNTING CONFIGURATION

3/4 NPT PORTS

INSTR. AIR
OUTPUT

LOW O2
HI O2

HI COMB.

2" PIPE
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ROSEMOUNT MODEL OCX8800A AND C OXYGEN/COMBUSTIBLE TRANSMITTER 
ASSEMBLED

ALL GAS FITTINGS ARE 1/4" TUBE FITTINGS

BRACKET CONNECTOR
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ROSEMOUNT MODEL OCX8000 OXYGEN/COMBUSTIBLE MOUNTING PLATES

4.75

5.12
[53.8]

4x 5/8-11 UNC-2A
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ROSEMOUNT MODEL OCX8000 OXYGEN/COMBUSTIBLE BLOWBACK PANEL

CALIBRATION/BLOWBACK
        PANEL
      OCX 8800  

DILUTION AIR  CAL GAS

SET TO 55 PSIG

OCX88A  35  PSIG
OCX88C  45  PSIG

BLOWBACK AIR 
  PRESSURE

REFERENCE AIR 
  PRESSURE

PRESSURE ANALYTIC DIVISION

.281

.281

.548

R.125
4 PL

.125
4 PL
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